
Product data sheet

Böllhoff Group · Archimedesstr. 1-4 · 33649 Bielefeld · Phone: +49 521 4482-03 · info@boellhoff.com · eshop.boellhoff.de/en/home

This document was generated automatically. Subject to technical changes and errors. Distribution as well as duplication of this document, its utilisation and  
communication of its content only permitted with express consert.

A
ll 

te
ch

ni
ca

l d
at

a 
re

fe
r t

o 
th

e 
m

ea
su

re
 m

m

E 5452

EJOT®-Delta PT-screws
Raised countersunk head with pressed-on washer | torx plus /autosert drive

Stainless steel A2 | Cr(VI)-free | Self-tapping thread

Further information: For further information and CAD-files please follow the link to the
EJOT-homepage:
http://www.ejot.com/industry

Diameter d1 r Pitch t Tool

(d) nominal size max. (P) max. min. size

2 2 0.35 0.78 0.85 0.65 T6 (1,75)
2.2 2.2 0.35 0.85 0.85 0.65 T6 (1,75)
4 4 0.60 1.46 1.80 1.40 T20 (3,95)
5 5 0.70 1.80 1.90 1.50 T25 (4,5)

Length (l)

nominal size

6
10

Length (l)

nominal size

12
16
25

1/1

Diameter Length (l)

(d) 6 10 12 16 25

2 •
2.2 •
4 • •
5 •

• Combinations available in the eShop | Other sizes on request


